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Slotted pan head machine screws
Brass
nickel plated

+ ~UNI 6108
+ ~CSN 021137
M2,5: in accordance with ISO 1580

Article# dq do k n t min. L
1203002 M2,5 5 1,5 0,6 0,6 4
1203010 5
1203029 6
1203037 8
1203045 10
1203053 12
1203088 16
1203290 M3 6 1,8 0,8 0,7 4
1203304 5
1203312 6
1203320 8
1203339 10
1203347 12
1203363 16
1203398 20
1203479 (M3,5) 7 2,1 1 0,8 5
1203487 6
1203495 8
1203509 10
1203517 12
1203533 16
1203568 20
1203614 M4 8 2,4 1,2 1 4
1203622 5
1203630 6
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BLUSSARD

M2,5: in accordance with ISO 1580

Article# dq do k n t min. L
1203649 M4 8 2,4 1,2 1 8
1203657 10
1203665 12
1203681 16
1203800 M5 10 3 1,2 1,2 6
1203819 8
1203827 10
1203835 12
1203851 16
1203886 20
1203908 25
1203916 30
1203967 M6 12 3,6 1,6 1,4 8
1203975 10
1203983 12
1204009 16
1204025 20
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