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GN 161
Hinges

Accessory for profile systems / Zinc die casting

Specification

Zinc die casting
plastic coated
black, textured finish

Pin
Stainless Steel AISI 303

Information

Hinges GN 161 have been designed for commercially available profile rails.

With three different types of hinges only, 66 different groove distances .n" can be accommodated. To achieve this the positioning elements are set in specially
marked recesses in the hinge wings.

The rectangular (8x10 mm) positioning elements, two pieces per hinge wing, will prevent a misalignment. They will also carry the weight of the door.

For screwing the hinges onto the profile rails, special T-Nuts are used.

Technical information

¢ Load rating_information of hinges
e Stainless Steel characteristics

e List of hinges types
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Slotted holes for Positioning elements for
countersunk screw profile groove width 8 or,
DIN 7991-M8 rotated by 90°, 10 mm
GN 161
Description L b d hy h, h3 ly l3 L Weight
GN 161-57 57 6.3 6 12 6.5 13 50 285 285 107
GN 161-68 68 6.3 6 12 6.5 13 50 285 40 128
GN 161-80 80 6.3 6 12 6.5 13 50 40 40 144
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