ASSNVANN

ASSMANN DisplayPort Adapter Cable

AK-340403-001-S
EAN *53020447934 *

DisplayPort adapter cable, DP - HD15 M/F, 0.15m,w/interlock, DP + Shielding: Double shielding

1.2 compatible, CE, bl + AWG: 28

+  Wire material: CU

+ Connector surface: nickel-plated
+ Interlock: Snap fastener

+ Ferrite filter: none

This cable suits for example ideal to connect a notebook or computer
with DP interface to a VGA monitor, beamer, LCD/TFT monitor with a
VGA monitor cable.

Ensures a lower burden of the interface. + Color cable: black

+ Support 1080p with 60Hz + Color c‘onnector: black
+ Connector 1: DP, plug . Length.l 0.15 m

+  Connector 2: HD15, jack + Packaging: Polybag

+ DisplayPort standard: DisplayPort 1.2 * Assortment: DisplayPort Cables

* Hoods: molded

Logistische Daten

Anzahl Gewicht Tiefe Breite Hohe cm3

(Stick) (kg) (cm) (cm) (cm)
Karton-VPE 200 8,00 38,10 30,20 31,10 35.784,30
Innen-VPE 10 0,40 40,60 40,60 8,10 13.351,70
Einzel-VPE 1 0,04 20,00 15,00 1,62 486,00

Netto einzeln ohne VP 1 0,03 24,50 4,50 1,50 165,38
Weitere Anwendungsbilder:
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