ASSNVANN

ASSMANN DisplayPort Y-splitter Cable

AK-340509-002-W
EAN 4016032292555

DisplayPort splitter cable, miniDP - DP+HDMI+DVI M/F, 0.2m, DP
1.1a compatible, CE, wh

This 3in1 cable suits ideal to connect a MacBook, MacBook Air,
MacBook Pro, iMac, Mac mini and Mac Pro to a Beamer, LCD/TFT
Monitor, LED or Plasma-TV with DP, HDMI type A or DVI interface, for
example. A concurrent use of the DP, HDMI type A or DVI data link is

not possible! The display resolution depends on the used connection.

The DP and HDMI output supports Audio for iMac (End 2009) and
MacBook Pro (Mid 2010). Automatic display recognition.

No need to buy 3 single adapter

*+ Support 1080p with 60Hz
+ Connector 1: Mini DP, plug
+ Connector 2: DP, jack + HDMI type A, jack + DVI-D, jack
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+ DisplayPort standard: DisplayPort 1.1a
+ Hoods: molded
+ Shielding: Double shielding

+ AWG: 32

+  Wire material: CU

+ Connector surface: nickel-plated
+ Interlock: none

+ Ferrite filter: none

+ Color cable: white

+ Color connector: white

+ Length:0.2m

+ Packaging: Polybag
+ Assortment: DisplayPort Cables

Logistische Daten
Anzahl Gewicht Tiefe Breite Hohe cm3
(Sttick) (kg) (cm) (cm) (cm)
Karton-VPE 200 11,40 38,10 30,20 31,10 35.784,30
Innen-VPE 10 0,57 0,00 0,00 0,00 0,00
Einzel-VPE 1 0,06 20,00 15,00 1,62 486,00
Netto einzeln ohne VP 1 0,05 28,70 6,00 1,50 258,30
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Weitere Anwendungsbilder:
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