
ASSMANN Datatransfer connection cable, D-Sub9/M -
D-Sub9/M

AK-610107-030-E
EAN 4016032301172

Datatransfer connection cable, D-Sub9 M/M, 3.0m, serial, molded,
be

Enables a save and stable connection

• Connector 1: DSUB, 9-pin, plug
• Connector 2: DSUB, 9-pin, plug
• Hoods: molded
• Shielding: single shielding

• AWG: 28
• Wire material: CU
• Connector surface: nickel-plated
• Color cable: beige
• Color connector: beige
• Length: 3 m
• Packaging: Polybag
• Assortment: Serial Cables

Logistische Daten

Anzahl
(Stück)

Gewicht
(kg)

Tiefe
(cm)

Breite
(cm)

Höhe
(cm)

cm³

Karton-VPE 100 15,00 46,00 31,00 37,00 52.762,00

Innen-VPE 10 1,50 36,00 36,00 10,00 12.960,00

Einzel-VPE 1 0,15 27,00 14,00 3,00 1.134,00

Netto einzeln ohne VP 1 0,15 27,00 14,00 3,00 1.134,00
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