
ASSMANN HDMI Adapter Cable

AK-330300-030-S
EAN 4016032295921

HDMI adapter cable, type A-DVI(18+1) M/M, 3.0m, Full HD, bl

This HD suitable cable used for connection of audio/video devices with
different interfaces such as PC, Notebook, Monitor, TV, game pad or
console, etc., for example.

Full HD, Single Link

• Support 1080p with 60Hz
• Connector 1: HDMI type A, plug
• Connector 2: DVI-D, (18+1), plug
• HDMI Standard: High Speed HDMI
• HDTV Resolution max.: 1920 x 1080 Pixel, 60Hz

• Hoods: molded
• Shielding: Double shielding
• Wire material: CU
• AWG: 30
• Connector surface: nickel-plated
• Color connector: black
• Color cable: black
• Length: 3 m
• Assortment: HDMI Cables
• HDTV Standard: Full HD

Logistische Daten

Anzahl
(Stück)

Gewicht
(kg)

Tiefe
(cm)

Breite
(cm)

Höhe
(cm)

cm³

Karton-VPE 80 12,60 39,00 31,00 32,00 38.688,00

Innen-VPE 10 1,58 8,00 32,00 28,00 7.168,00

Einzel-VPE 1 0,16 23,00 19,00 3,50 1.529,50

Netto einzeln ohne VP 1 0,17 20,00 16,00 3,00 960,00
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Weitere Anwendungsbilder:
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