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1251743
[nput:12V/24 DC
Output:5V DC 4. 2A max.

Black painted body / black base / blue LED

Mounting Hole

Rating Input:1?V/24 DC —y—
Output:5V DC 2.1A+2.1A _)[
Insulation Resistance DC 500V 100M Q Min. |
Dielectric Strength AC 1500V 1 minute Thicknesstmm) | X(nm) | YGwm)
. 0B~1B] . [ 3660
Operating Temperature |[-0C~40C 12’.%)53.260 21.00 %%18

material
1. Body: Nylon-66 (94V-2)
2. Cover: PC paint mine carving a3

Model Name| USB sockets
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