ASSNVANN

ASSMANN Micro USB 2.0 connection cable

AK-300127-018-S
EAN 4016032314646

USB connection cable, type A - micro B M/M, 1.8m, USB 2.0 + Connector 1: USB A, plug
compatible, bl + Connector 2: Micro USB B, plug
+ Hoods: molded

+ Connector surface: nickel-plated
+ Color cable: black

For connection of external USB devices (with USB micro B socket, e.g.
MP3 -player, smart phone or external HDD enclosure) to the USB host
(e. g. PC, notebook or USB hub). Data transfer rate up to 480 Mbps
(High-Speed). + Color connector: black

+ Length: 1.8 m
Allows a reliable and fast connection of external USB devices with +  Assortment: USB Cables
the PC, also about longer distances. +  USB compliance: USB 2.0

Logistische Daten
Anzahl Gewicht Tiefe Breite Hoéhe cm3
(Stiick) (kg) (cm) (cm) (cm)
Karton-VPE 200 12,00 40,00 32,00 25,00 32.000,00
Innen-VPE 10 0,60 23,00 40,00 5,00 4.600,00
Einzel-VPE 1 0,06 2,00 13,00 14,00 364,00
Netto einzeln ohne VP 1 0,06 2,00 13,00 14,00 364,00

USB 2.0
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