ASSNVANN

ASSMANN USB Type-C Adapter Cable, OTG, type Cto A

AK-300315-001-S
EAN 4016032368786

USB Type-C adapter cable, OTG, type C - A M/F, 0,15m, Super + Connector 1: USB C, plug

Speed, bl + Connector 2: USB A, jack

+ Hoods: molded

+ Shielding: Double shielding

Allows a reliable and fast connection of external USB devices with - AWG: 24/28

the PC. + Wire material: CU

+ SuperSpeed data transmissions up to 5 Gbit/s - 10x faster than USB + Connector surface: nickel-plated
2.0 + Color cable: black

+  Color connector: black

Enables a connection of USB A connectors to devices with type C jack

+  3A Power supply )
+ Type C connector can be used on both directions * Length: 0'15. m
+ Downward compatible to USB 2.0 and 1.1 * Assortment: USB Cables

Logistische Daten
Anzahl Gewicht Tiefe Breite Hoéhe cm3
(Stick) (kg) (cm) (cm) (cm)
Karton-VPE 200 6,00 50,00 32,00 21,00 33.600,00
Innen-VPE 10 0,30 30,00 20,00 2,80 1.680,00
Einzel-VPE 1 0,03 15,00 1,75 1,09 28,61
Netto einzeln ohne VP 1 0,18 15,00 1,75 1,09 28,61
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Weitere Anwendungsbilder:
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