
SCALE

TITLE

SHEET OFSIZE

ITEM NO

DWG NO

CUSTOMER

DRAWN BY

CHECKED BY

APPROVED BY DATE

DATE

DATE

WC-REV.

WI0814-03-表單01A1

REV.

Amphenol LTW

15.0

37.4  �#�0.45  Lmm

 R
ef

.
25

.4

19.00

UNIT:mm RJ45,C SIZE,MATED WATERPROOF Jalam 2017-11-28
      TOLERANCE
      .X          �#�0.25
      .XX         �#�0.1
      .XXX        �#�0.05
      ANGLES      �#�1�$�

RCP-5SPFFP-TCM7BXX Feng_Li 2017-11-281:1 A4     1     1
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REV. ECN NO. DATE SIGN DESCRIPTION

C LEN1440188 2014-04-19 Tom_gu Change D Cut 

D LEN1810014~016 2017-11-28 Jalam Modify the Tolerance

ITEM NAME Description Spec QTY

1 ANA00010812 RJ45 HOUSING,PCB_F,C_T_UWPNYLON+25%GF,FR50,TM12100A01,BK1

2 ZSE00105344 PCB WITH INSERT HALF FINISHEDPCB088+CJA059+APJ0010008/05/061

3 DGA00010089 GASKET,SQUARE,SILI,P296U,XXΦ20.20XΦ25.00XH00.80,N1

4 ANA138XXX01 SCREW NUT NYLON+25%GF,94V-0,BK,LTW-TM1381

5 WCA0664UV01 TBD TBD 1

6 HCS00870100 TBD TBD 1

7 CPLRJ05GO06 8P8C RJ45 PLUG,1段式CAT.5E SHIELDED,6U",溫州意華1

8 cho_wire.prt TBD TBD 1

Cable length Tolerance

0.0~100 mm

101~300 mm

301~1000 mm

Housing

PCB RJ Jack

Gasket

Screw Nut

Cable Ties

Cable

RCP-5SPFFP-TCM7BXX

XX: 100~1000mm
10: 100mm
15: 150mm
20: 200mm
      l
95: 950mm
A0: 1000mm

Cable Length(L):100~1000mm

Shield Plug

Drain Wire,
Welding points

Note:

*    Important Dimension

* Waterproof Rate : IP67 Mated 

* Housing : Nylon+GF,UL 94V-0,BLACK

* Screw Nut : Nylon+GF,,UL 94V-0,BLACK

* Gasket : Silicone,UL 94V-0,Gray.

* PCB: FR-4

* Cable: CAT5E FTP 24#*4P+D+AL/MY,6.5

* Jack : PBT Polyester UL 94V-0

* Use without Waterproof cap or Dust cap

  For Panel Thickness Max: 3.0mm

* Use with Waterproof cap or Dust cap

  For Panel Thickness Max: 1.8mm

* Screw torsion value range: 8~12kgf-cm 
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Jack Wire Color

White/Orange

Orange

White/Green

Blue

White/Blue

Green

White/Brown

Brown

Drain Wire

Pin Out
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