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SPECIFICATION.
ACTUATING FORCE =14 N (5 0ZF) MAX.
ReLEASE FORCE o 0- 25N (0-902F MIN.
FREE POSITION - 9-5  (-37)  MAX.

_ +0-3
OPERATING POSITION = 8 -75 (34

MOVEMENT DIFFERENTIAL . 0-13 (005) MAX.

OVER TRAVEL(AVAILABLE) . DEPRESS TO CASE

APPROVAL RATING:-
5 AMP - 250 V.AC.

SPECIAL FEATURE:- ,
TESTED & STAMPED 70 UL, & C(.S.A.
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