SHIN CHIN INDUSTRIAL CO., LTD.

\_FUSE HOLDERS

R3-72B Heavy Duty
FUSE
(50)
— —_— TJ MAXI FUSE

73.5

52

60A max 12/24/32V DC

FEATURES:

+ Material:
Frame: nylon(UL flame: 94V-0).
Terminal: IJ)Iated copper.

Cover: PP.
- Mounted by screws.
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l Bayonet type () 6.35*30mm
B ()6.35*31.8mm
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TJ(4.8mm)0.187" 10A 250V AC 12,0
Quick connect  ztm 9.5~7.0mm
FEATURES:
- Material:
Frame and cap: PBT(UL flame: 94V-0).
Cap:_phen_olic{)UL flame: 94V-1).
Terminal: tin plated brass.
+ Mounted by nut.
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(6.4mm)0.250"  Input; 30A Maox
Quick connect Output: 30A max

FEATURES:

- Material:
Frame: nylon(UL flame: 94V-0).
Terminal: brass.
+ Input terminal rating: 0.25” terminal (30A max).
- Output terminal rating: 0.25” terminal (30A max).
- Side stackable for multiple block configurations.



