RIS Series IEC Inlet Filters

Twin Fused - Screw Fix

The RIS series of general purpose IEC inlet filters >

offers good performance for both common mode and
differential mode interface, in a standard compact size.

A standard IEC inlet filter available from Roxburgh EMC with quick and

easy mounting.

. Current ratings, 2A, 4A and 6A
. Rated at 250V

. Also available with increased x and y caps for optimum
performance
® C C
° Customisation services available N s P €
. Available from UK stock
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See attached data for specific temperature ratings
Features: Application Examples:
. UL Approved ° Digital Equipment

. General Purpose
. 2 to 6 Amp Current Ratings
. IEC Inlet with fast-on termination

Point-of-sale equipment
Printers

Inverters

Vending and Gaming machines

Benefits:

o Quick and easy mounting
3 Safety approvals held

. UK stock

DEM Manufacturing
Deltron Emcon House
Hargreaves Way
Sawcliffe Industrial Park
Scunthorpe

DN15 8RF

Technical specification attached includes:
part numbers
mechanical data
electrical values
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Item : EMI Filter Rev. 2
Model No :: RIS—Series 3-2

A. General Specifications

Rated Rated Leakage Temperature
Model Voltage Current Current Rise
AC,DC[V] [A] Max. [mA] Max.[TC]
RIS-02%2-Hx* 250 2 0.35 40
RIS-04*2-Hx* 250 4 0.35 45
RIS-06%2-Hx* 250 6 0.35 45

* Leakage current measuring method

UL 1283(3rd Edition): -26 and Fig 26.1
* Temperature rise measuring method

VDE 0565-3 : - 2.3.3 and - 4.5

B. Operating Temperature Range
-25T to +85C including temperature rise.

C. Withstand Vol tage
1500V AC for 1 minute between line and ground.
1800V DC for 1 minute between line and line. (Without bleeder resistor)

D. Insulation Resistance
300MQ minimum at 500V DC between line and ground.

E. Voltage Drop

1 volt maximum at rated current.

F. Circuit Diagram and Component Values
—Refer to attached Appendix page Al
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G. Attenuation Measuring Method
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0SC Level : 0dB
Insertion loss = -201og(E1/E2)[dB]
E1 : Level with the Noise Filter in the circuit.

E2 : Level without the Noise Filter in the circuit

H. Guaranteed Minimum Attenuation In

—Refer to attached Appendix page Al

I. Shapes and Dimensions
—Refer to attached Appendix page A2

J. Marking

Trademark.

Model No.

Rated voltage and current.

Operating temperature range.

Circuit diagram and component values.
Lot No.

UL, CSA Mark.

~N O O W W N

K. Material List
—Refer to attached Appendix page A3

L . Packing
—Refer to attached Appendix page A4
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3% . Circuit Diagram and Component Values
FUSE
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Vodel N Fuse-Rated Inductance X-Capacitor X-Capacitor Resistor Y-Capacitor
ode 0 Current [A] L1[mH],+50,-30% CX1[pF ] %20% CX2[ pF ] +20% RIQI£10% | CY1,2[pF]£20%
RIS-0212-H1 2 10.5 0.1 0.1 1M, 1/2W
RIS-0222-H2 2 10.5 0.22 0.22 510K, 1/2W
RIS-0412-H1 4 4.2 0.1 0.1 1M, 1/2W
2200
RIS-0422-H2 4 4.2 0.22 0.22 510K, 1/2W
RIS-0612-H1 6.3 1.6 0.1 0.1 1M, 1/2W
RIS-0622-H2 6.3 1.6 0.22 0.22 510K, 1/2W

3 . Guaranteed Minimum

Attenuation In [dBI

Common mode [Mi] Normal mode [Mi]
Model

0.15 | 0.45 1 2 5 10 30 0.15 | 0.45 1 2 5 10 30
RIS-0212-H1 36 50 43 40 38 38 36 22 53 75 86 75 66 51
RIS-0222-H2 38 50 44 39 39 39 32 38 70 88 88 71 65 52
RIS-0412-H1 28 40 45 45 44 42 37 9 44 64 82 79 65 50
RIS-0422-H2 29 41 45 43 42 42 35 25 60 82 87 77 66 50
RIS-0612-H1 20 31 36 42 45 43 50 16 32 55 78 76 69 65
RIS-0622-H2 20 31 35 42 45 45 40 15 50 71 85 69 65 63
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3% . Shapes and Dimensions Uit: [m]
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* Panel cutout dimensions

mount from frontside.

General tolerance: 1.0
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3 . Packing

1. Quantity & Weight

Packing Case Q'ty/ 1 Box Gross Weight(kg)
CARTON BOX 100 17
INNER BOX 50 7.5
2. Packing Case
Packing Case Q'ty Material Dimension(W><L >Hmm)
CARTON BOX 1/100 SK3SA 360 <346 249
INNER BOX 1/50 SKSA B Type 328X 170X 215
PACKING CASE 1/10 P.E.T 318163 <47
TOP PAD 1/50 Styrofoam(PS) 310 155X 8t
POLY BAG 1/50 PE SHEET 360550
3. Marking
1) Model No.
2) Q'ty of products
3) Lot No.

4) Trademark

INNER BOX

CARTON BOX

POLY BAG

PACKING CASE






