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Overvoltage power strip for
RACK 19" with CB | 1U | 10A |
PDU | 8XIECC13 | 2m

Product code: 53999

PDU power strip provides reliable server power supply.

TECHNICAL DATA

COLOUR Black

CABLE LENGTH 2m

DIMENSIONS 482.6 x 4&4.4 x 62 mm (19")
OUTPUT VOLTAGE 250 VAC

INPUT VOLTAGE 220V - 250V

PLUG TYPE IEC320 C14

ADDITIONAL INFORMATION Mini circuit breaker
MATERIAL Aluminum

USAGE Power supply in RACK 19" cabinet
CABLE THICKNESS 3x1.5mm2

INPUT FREQUENCY RANGE 50Hz / 60Hz

OUTPUT FREQUENCY 50Hz / 60Hz

SOCKET STANDARD IEC320C13

MAXIMUM LOAD 3500 W

SOCKETS 8x IEC

MAX. INPUT CURRENT 10A

WORKING HEIGHT 1u

MOUNTING LENGTH 465 mm

FIRE RESISTANCE RATING UL 94V-0

WWW.QOLTEC.COM 172



CERTIFICATIONS

MOUNTING METHOD

SPACE REQUIRED FOR INSTALLATION
TESTS

EAN CODE

WWW.QOLTEC.COM

CE, RoHS

1U

U

Hi-pot test, grounding test, IR test

5901878539997
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