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i I / 1.Rated voltage/current : 3pin A: 250V / 4A
4pin A1 250V / 4A
metal S5pin A:60V / 4A
6pin A:30V / 2A
8pin A:30V / 2A
Spin B:60V / 4A
4pin D: 250V / 4A

AC1060V/TMin

2.Withstanding voltage :
S.Levels of protection: IP67
4.Wire range :
3pin A: 24~20AWG/0.25~0.52mm
4pin A: 24~20AWG/0.25~0.52mm
5pin A: 24~20AWG/0.25~0.52mm
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8pin A:24~20AWG/0.25~0.52mm
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Bpin A: 24~20AWG/0.25~0.52mm?2
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5pin B:24~20AWG/0.25~0.52mm

Spin B Coding 4pin D Coding

4pin D: 24~20AWG/0.25~0.52mm
5.Cable OD: 4.5~7.5mm
6.Wire connection mode: screw
7.0perating temperature: —40°C~+85°C
8.RoHS Compliance
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PBSH—M12X—=XXP—MM—=SL700X—00A(H)

Coding: A,B,D 001: Cable 0OD: 4.5~6.0mm

002: Cable 0OD:6.0~7.5mm
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Pin number: 03,04,05,
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Spin A Coding 4pin A Coding S5pin A Coding 6pin A Coding 8pin A Coding
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