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Click Inox embossed buttons J1 keyboard connection
(917 mm) Female header
Symbols: silkscreen printing 7 pins - 2,54mm pitch
(black epoxy paint)
Front plate
AISI301 Stainless steel
(0,15 mm thick)
Material Modified AISI 301 Stainless Steel (0,15 mm thick)
front layer with built-in embossed buttons (@17mm)
Lettering Silkscreen printed symbols (epoxy paint)

Button stroke 0,5 mm +/- 0,1 mm Pin1 .
Actuation force 6,0 N (typical)

Life expectancy >3.000.000 cycles

IP Protection rate 1P65 J1 Pin out

Rear adhesive spacer

Impact Protection Rate |IK10 FASSON 397

Contact technology  |Silver conductive pad on Gold plated PCB

Contact resistance <100 Ohm

Insulation resistance  |>500K Ohm

Contact rating 50 mA ; 25 Vac/dc

Operating temperature |-10°/+70°C

Storage temperature  |-25°/+85°C
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