BUOSSARD

Proven Productivity

Prevailing torque type hex lock nuts thin type, with polyamide insert

BN 41161

Material

Strength class

Surface

Standard

Steel

zinc plated blue

DIN 985 (Standard withdrawn), ~UNI 7474

M10; M12; M14; M22: wrench size according to ISO on request

Article no

3092365
3092366
3092367
3092368
3092369
3092370
3092371
3092702
3092703
3092372
3092704
4001497
3092373
4001498
3092374
3092375
3362237
4001499
3092364

d1

M6

M8

M10
M12
M14
M16
M18
M20
M22
M24
M27
M30
M33
M36
M39
M42
M45
M48
M5

e min

11.05
14.38
18.9

211

24.49
26.75
29.56
32.95
35.03
39.55
45.2

50.85
55.37
60.79
66.44
72.09
76.95
82.6

8.79

h max

10
12
14
16
185
20
22
24
27
30
33
36
39
42
45
48

5.5
6.5

9.5
10.5
13
14
15
15
17
19
22
25
27
29
32
36
3.2

10
13
17
19
22
24
27
30
32
36
Y|
46
50
55
60
65
70
75



