BUSSARD

Proven Productivity

Hex socket button head cap screws partially / fully threaded
BN 8699

Product description
« Tensile strength min. 600 N/mm?
* Proof stress 0,2% min. 450 N/mm?

Headform Button

Drive Hexagon socket
Thread partially / fully threaded
Material Stainless steel

Material type Ad

Standard 1ISO 7380-1

M2; M2,5: not included in ISO 7380-1, b: the partially threaded version can not always be guaranteed

Article no d1 L d2 max k max s t min b
1726536 M2 3 35 1.3 1.3 0.6 -
1726544 M2 4 3.5 1.3 1.3 0.6 -
1726552 M2 5 35 1.3 1.3 0.6 -
1726560 M2 6 3.5 1.3 1.3 0.6 -
1726579 M2 8 35 1.3 1.3 0.6 -
1726641 M2 10 3.5 1.3 1.3 0.6 -
1727192 M2 12 35 1.3 1.3 0.6 -
1727397 M2 16 3.5 1.3 1.3 0.6 -
1727419 M2 20 35 1.3 1.3 0.6 -
1727559 M2,5 4 47 1.5 1.5 0.8 -
1727702 M2,5 5 4.7 1.5 1.5 0.8 -
1727796 M2,5 6 47 1.5 1.5 0.8 -
1727826 M2,5 8 4.7 1.5 1.5 0.8 -

1727850 M2,5 10 4.7 1.5 1.5 0.8 -
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