
bits for Torq-Set® head screws861TQS

  ISO 1173 C 6,3

 art. GR
L

mm

g

008610620 861TQS 0 0 25 4
008610621 861TQS 1 1 25 4
008610622 861TQS 2 2 25 4
008610623 861TQS 3 3 25 5
008610624 861TQS 4 4 25 5
008610625 861TQS 5 5 25 5
008610626 861TQS 6 6 25 5
008610628 861TQS 8 8 25 5
008610630 861TQS 10 10 25 5

• For manual, electric and pneumatic screwdrivers.


