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Power cable
Model: AK-NB-09A
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Product code AK-NB-09A

Product type Power cable

Series Pro

Output voltage 250 V

Output amperage 2.5 A

Ground wire Yes

Cable length 1.5 m

The cable plug #1 IEC C14

The cable plug #2 IEC C5

Material CCA

Wire gauge 3 x 0.5 mm2

Cable markings H03VV-F

Isolation material PVC

Cable diameter 7 mm

Product color Black

Net weight 126 g

CE compatibility Yes

FCC compatibility No

RoHS compatibility Yes

REACH compatibility Yes

EAN code 5901720137005

Warranty 24 months
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Description
Akyga® AK-NB-09A is a 1,5 meter long power cable. On one side, it has an IEC 60320 C14 connector, on the other
side it has an IEC C5 plug. It allows you to connect various devices such as laptops, monitors, printers or projectors to the
UPS emergency power supply. This is extremely useful when all sockets with Schuko connector (CEE 7/4) are occupied by
other equipment.


