BUSSARD

Proven Productivity

Hex nuts ~0,8d
BN 117
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Material Steel
Strength class 8 (< M5 class 6)
Surface zinc plated blue
Standard DIN 934 (Standard withdrawn), ~ISO 4032, ~UNI 5588, ~CSN 021401
M10; M12; M14; M22: wrench size according to ISO on request
Article no p d1 e min s m max
1874659 100 M3 6.01 5.5 2.4
1874667 1000 M3 6.01 5.5 24
1089536 10000 M3 6.01 5.5 2.4
1874675 100 (M3,5) 6.58 6 2.8
1874683 1000 (M3,5) 6.58 6 2.8
1874691 100 M4 7.66 7 3.2
1874705 1000 M4 7.66 7 3.2
1089552 5000 M4 7.66 7 3.2
1874713 100 M5 8.79 8 4
1874721 1000 M5 8.79 8 4
1089560 5000 M5 8.79 8 4
1874748 100 M6 11.05 10 5
1874756 1000 M6 11.05 10 5
1089579 5000 M6 11.05 10 5
1874764 100 (M7) 12.12 11 5.5
1089587 1000 (M7) 12.12 11 55
1874772 100 M8 14.38 13 6.5
1089595 1000 M8 14.38 13 6.5
1874780 100 M10 18.9 17 8

1089609 500 M10 18.9 17 8
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