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RIF. | Q.TY DESCRIPTION CODE §
1 1 MODULAR HOOK LONG 1.001.01900 %
[ ‘“_2 2 1 CORPO CONTENITORE MODULBOX XTS 3MH53V-A 2.250.00057 é
N 3 1 BASE MODULBOX XT/XTS - 3M 1.001.01982 8
°
© 4 2 COPRIMORSETTO SENZA FORATURA 3MPN 1.001.00255 %
’_\ 5 1 PANNELLO MODULBOX 3M CON CORNICE 1.001.00350 §-
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General Tolerance UNI EN 22768/1 Media (m) S
F# from 0.5 to 3 from 3 to 6 from 6 to 30 from 30 to 120 from 120 to 400 g
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Material: Weight: Cod. Mold:

1:1
, @ Dimension
in mm - -

- Description:
CONTENITORE COMPLETO MODULBOX XTS 3MH53V-A
COMPLETE ENCLOSURE MODULBOX XTS 3MH53V-A
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