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[MODEL No. Configuration]
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! [Specification]
! Model | POLE-100A21+00109 | POLE-300A21+00109 | POLE-800AZ1+00109
‘ L dimension 100mm 300mm 800mm
|
| Mass(+10%) 299 864 2284
i Mounting Location Indoor
% These are no confents of confrolled substances
exceeding the threshold for the RoHS Directive.
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