
ecosyn®-plast

BN 82427 - Pozi flat countersunk head screws form Z

Manufacturer

Headform Countersunk

Drive Cross recess Z (Pozidriv)

Thread fully threaded

Brand ecosyn®-plast

Material Steel

Material execution case-hardened

Surface zinc plated blue

Warnings ISO 4042
Quenched and tempered fasteners ≥ 360 HV and tempered case-hardened fasteners with electroplated coatings:
Susceptible to hydrogen embrittlement!
Further notice to residual risks can be found in the introduction section.

Article no ø nominal d1 L d2 max k max Pozidriv m~ t min t max

3034248 2,2 2,2 6 4,3 1,2 1 2,2 0,95 1,2

3034250 2,2 2,2 8 4,3 1,2 1 2,2 0,95 1,2

3034251 2,2 2,2 10 4,3 1,2 1 2,2 0,95 1,2

3034252 2,2 2,2 12 4,3 1,2 1 2,2 0,95 1,2

3034253 2,2 2,2 14 4,3 1,2 1 2,2 0,95 1,2

3034254 2,2 2,2 16 4,3 1,2 1 2,2 0,95 1,2

3034255 2,5 2,5 6 4,7 1,5 1 3 1,45 1,75

3034322 2,5 2,5 8 4,7 1,5 1 3 1,45 1,75

3034323 2,5 2,5 10 4,7 1,5 1 3 1,45 1,75

3034324 2,5 2,5 12 4,7 1,5 1 3 1,45 1,75

3034326 2,5 2,5 14 4,7 1,5 1 3 1,45 1,75



Article no ø nominal d1 L d2 max k max Pozidriv m~ t min t max

3034327 2,5 2,5 16 4,7 1,5 1 3 1,45 1,75

3034330 3 3 8 5,5 1,65 1 3,2 1,6 2

3034335 3 3 10 5,5 1,65 1 3,2 1,6 2

3034337 3 3 12 5,5 1,65 1 3,2 1,6 2

3034346 3 3 14 5,5 1,65 1 3,2 1,6 2

3034348 3 3 16 5,5 1,65 1 3,2 1,6 2

3034349 3 3 20 5,5 1,65 1 3,2 1,6 2

3034352 3 3 25 5,5 1,65 1 3,2 1,6 2

3034388 3,5 3,5 8 7,3 2,35 2 4,3 1,75 2,2

3034389 3,5 3,5 10 7,3 2,35 2 4,3 1,75 2,2

3034390 3,5 3,5 12 7,3 2,35 2 4,3 1,75 2,2

3034391 3,5 3,5 14 7,3 2,35 2 4,3 1,75 2,2

3034393 3,5 3,5 16 7,3 2,35 2 4,3 1,75 2,2

3034394 3,5 3,5 20 7,3 2,35 2 4,3 1,75 2,2

3034395 3,5 3,5 25 7,3 2,35 2 4,3 1,75 2,2

3034396 4 4 8 8,4 2,7 2 4,6 2,05 2,5

3034398 4 4 10 8,4 2,7 2 4,6 2,05 2,5

3034399 4 4 12 8,4 2,7 2 4,6 2,05 2,5

3034400 4 4 14 8,4 2,7 2 4,6 2,05 2,5

3034401 4 4 16 8,4 2,7 2 4,6 2,05 2,5

3034403 4 4 20 8,4 2,7 2 4,6 2,05 2,5

3034404 4 4 25 8,4 2,7 2 4,6 2,05 2,5


