
174

CASES AND SETS sales@bernstein-werkzeuge.de

5015 tool case PERFORMANCE 28 empty pockets

3-0856 crimping pliers/wire stripper

3-575-6 water pump pliers 240 mm

3-601-15 ESD side cutters CLASSICline semi flush 115 mm

4-343 VDE VDE voltage tester slot blade 3.0 x 0.7 x 60 mm

4-392 watchmaker screwdriver magazin 6 pcs 
(1.5 - 2.0 - 2.5 - 3.0 - PH0 + handle)

4-508 screwdriver EUROline-Power slot blade 8.0 x 1.2 x 150 mm

4-524 screwdriver EUROline-Power slot blade 5.0 x 1.0 x 150 mm

5-107-6 tweezers 150 mm form 22b teething,insulated

5-240 warding files set 6 pcs (flat, round, blunt, pointed, 3-edge, 4-edge)

5-505 stripping knife Ø 4 - 28 mm with hook blade

6-500 double open-ended wrench set 8 pcs (6 x 7 - 8 x 9 - 10 x 11 - 
12 x 13 - 14 x 15 - 16 x 17 - 18 x 19 - 20 - 22)

6-820 wrench key set 8 pcs (1.5 - 2.0 - 2.5 - 3.0 - 4.0 - 5.0 - 5.5 - 6.0)

7-116 engineer hammer to DIN 1041, 300 g

TOOL SET BASIC, ADVANCED AND COMPLETE 

Basic equipment with the most important tools (BASIC), expan-
ded basic equipment with additional crimping/pressing pliers 
and other important screwdrivers (ADVANCED), expanded basic 
equipment with supplementary equipment for mobile soldering 
(COMPLETE).

The PERFORMANCE case strikes a good balance between price 
and performance. Reduced to the most Important functions, it 
represents an inexpensive alternative to PROTECTION. 

The use of X-ABS plastic with an extremely non-slip surface ma-
kes the case resistant to external influences. The impact resistant 
and break-proof material also makes the suitcase „airworthy“ as 
it withstands the harsh handling checked luggage is subjected 
to. The sturdy aluminium frame and ratchet hinges with case lid 
locking add the finishing touches to the look of this high-quality 
and functional tool case.

5000 BAS tool case BASIC 51 pcs

Art.-No. Content

7-235 flat chisel 200 x 14 x 20 mm

7-255 electrician´s chisel with safety impact head 200 x 8 x 10 mm

7-316 punch blade Ø 6mm blade length 100 mm

7-502 folding rule 2 meter wood

7-535 spirit level 225 mm

7-616 PUK saw in case

13-906 VDE VDE side cutters 160 mm

13-915 VDE VDE telephone pliers 160 mm serrated jaws straight 
with wire cutters

13-936 VDE VDE combination pliers 160 mm with serration

14-653 VDE VDE screwdriver slot blade 4.0 x 100 mm

14-651 VDE VDE screwdriver slot blade 2.5 x 75 mm

14-652 VDE VDE screwdriver slot blade 3.5 x 100 mm

14-682 VDE VDE screwdriver cross-recess PH1 Ø 4.5 mm

14-683 VDE VDE screwdriver cross-recess PH2 Ø 6.0 mm

Art.-No. Content

5000 ADV tool case ADVANCED 67 pcs

5000 BAS Basic equipment

3-0612 automatic crimping pliers 0,5 - 1,0 / 1,54 - 2,5 / 4 - 6 mm2

3-871-6 pressing pliers 155 mm for wire 0.25-2.5 mm²

6-200 socket wrench set 8 pcs (4 - 5.5 - 6 - 7 - 8 - 9 - 10 + handle)

6-995 TORX wrench key set with hole 8 pcs 
(T9 - T10 - T15 - T20 - T25 - T27 - T30 - T40)

5000 COM tool case COMPLETE 72 pcs

5000 BAS Basic equipment

3-0612 automatic crimping pliers 0,5 - 1,0 / 1,54 - 2,5 / 4 - 6 mm2

3-871-6 pressing pliers 155 mm for wire 0.25-2.5 mm²

6-200 socket wrench set 8 pcs (4 - 5.5 - 6 - 7 - 8 - 9 - 10 + handle)

6-995 TORX wrench key set with hole 8 pcs 
(T9 - T10 - T15 - T20 - T25 - T27 - T30 - T40)

7-429 insulating tape 25mm wide, 25 m (12 mm core)

8-390 desoldering suction pump PRAKTIK 20 mm diameter RD-7376

8-376 gas soldering iron Independent 75 (replacement tips on request)

Art.-No. Content Art.-No. Content

Extension of tool case BASIC Extension of tool case BASIC including  soldering tools

basic equipment:
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CASES AND SETSTel. +49 (0) 2191 - 9650 - 0

Outer dimension: 480 x 350 x 190 mm
Inner dimension: 460 x 320 x 180 mm

without tools:        3900 g
5000 BAS: 7400 g
5000 ADV: 8500 g
5000 COM: 8700 g

5000 BAS tool case BASIC 51 pcs

5000 ADV tool case ADVANCED 67 pcs

5000 COM tool case COMPLETE 72 pcs

5015 tool case PERFORMANCE without tools

5000 COM tool case COMPLETE 72 pcs
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