
Mechanical Dimensions: Inches [mm]

Material Specifications
steel, with black glossy finish

Black, ABS

12.2mm (0.481”)

Standard 12.0 mm or 15/32” diameter mounting stems

Standard 17.5 mm (11/16”)

Tolerances ±0.012 [0.3] Unless Otherwise Specified

Mounting hole diameter

Applicable switch

Applicable switch handles 
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Face plate

Spring-based switch
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