Premium VGA HD15M/HD15M dual-
shielded, with 2 ferrite cores, 30 M cable,
black color

CC-PPVGA-30M-B

C.
cablexpert

Features Specifications
- VGA monitor HD15M/HD15M 30M cable Connectors: D-Sub HD15M x 2 pcs
- Premium quality dual-shielded d (braiding & foil) with ferrite Length: 30 m
core.
Packaging Certificates
Q'ty in crtn, pcs 8
Crtn volume, CUM 0.045 =
Crtn weight, kgs 18 01 a5 c € 6)
Individual package size LxWxH: 225x%220x90 mm W A RoHS
Carton size LXWxH: 450x325x310 mm
Country of origin CN
Barcode 8716309075848

Customs code 8544429090



