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+ Material: Rubber/Silicon Rubber
« Color: Black
« Unit: mm

Rig: ARERGETLE G0 > RET
B GMEENE > BREG o
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/ﬁii{l MOUNTING HOLE
K A
Part No. A B C D E |Package
GM-1 8.0 [ 48] 32 16| 64
GM-1A | 95 | 6.4 | 4.0 1.6 | 6.4 | 200
GM-2 108 | 8.0 | 45 [1.6 | 45
GM-3 144 | 95[ 63 [16 | 7.0
GM-3A _ |14.2 [11.0 | 8.0 [1.6 | 48 | 1000
GM-4 175 [12.7] 95 [1.6 | 6.8
GM-5  [22.0 [17.5[14.2 |16 | 48
GM-6 220 [19.0 [16.0 [16 | 65 [
GM-6A  |25.0 [19.5 [18.0 |16 | 6.0
GM-7 31.4 [252 (185 [1.6 | 8.0 | 250
GM-8 19.5 [14.0[ 6.0 [1.0 [ 7.0 [
GM-9 15.9 [12.7 | 95 [1.6 | 6.4
GM-11 79 [ 48] 32 |16 | 48 | 2000
GM-14  [17.46[11.11 7.94/2.38] 8.73| 500
GM-15 |10.8 | 8.0 | 5.0 [1.6 | 45 | 2000
A oA — GM-16  |18.0 [14.7 | 7.0 |42 [18.0 | 250
F@Cl EﬂCr | GM-17__ [18.0 |14.6 | 8.0 [3.8 [12.0 | 500
s o | OM18 130 [ 84] 55 [33 | 6.3
i 7 B mpell GM-30  [133 [ 9.0 5.8 [2.0 | 6.2
- - o8 GM-35 8.0 | 6.0 34 [1.0 | 3.0 | 1000
[GM-39] [ GM-40,GM-44,GM-55, | GM-38 1104 | 8.1] 36 |1.15] 7.15
GM-60, GM-65 ] GM-39 105 | 75| 52 |14 | 55
GM-40  |24.0 [17.5 [14.0 [3.0 | 7.0 | 500
GM-42  [27.0 [208 [12.7 [16 | 7.8 | 250
GM-43  [11.0 [ 79| 47 [16 | 6.0
GM-44  [12.3 | 8.0 | 5.0 |40 | 8.0
GM-45  [16.0 | 95| 6.2 |20 | 7.0
oA GM-46 75 [ 6.0 35 [1.0 | 5.0
F@Cr GM-47  |17.5 [13.5 [10.0 |20 | 7.0
SENEA g [ GM-48  [10.8 | 8.0 | 45 1.2 | 45 | 1000
=" ﬂr‘?”f GM-49 78 | 58] 2.33[0.8 | 4.0
- 2B - - o8- GM-50  [17.5 [12.0 [10.0 [2.0 | 6.8
[ GM-49 ] [ GM-53 ] GM-51  [12.0 | 9.0 | 65 |15 | 55
GM-53 75 | 45] 35 |20 | 40
GM-55 70 | 6.0] 35 [1.0 | 5.0
GM-56 77 [ 5.0 31 [13 | 28
GM-57 88 [ 6.0 41 (25|70 ,0
GM-58  |11.0 | 9.0 | 6.0 |25 | 6.6
GM-60 7.0 [ 6.0 35 [1.0 | 3.0
- oA - GM-61  [175 [12.7] 0.0 [1.6 [ 68 |
-ec- | GM-62  |17.5 |12.7 | 8.6 |16 | 6.8
E] ow GM-64  [12.9 [105 | 6.3 |0.8 | 2.4 | 2000
Lgod| ! GM-65  |24.0 [18.0 [14.0 [3.0 | 7.0
- 0B — GM-68  |15.0 |12.1] 6.0 |3.0 | 5.0 | 1000
[ GM-68 ] GM-163 |135 | 95| 6.3 |16 | 7.0




