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Impact Wrench A D ©
ease wear proper safety gear while working.

] 33431

= One-handed F / R control

= Convenient to switch on both sides

= 3-speed regulator for precise control

= Ergonomic design interchangeable rubber grip
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Square drive Sfd/Loeng Std. bolt size Free speed A:I'cx 'rorque Overall Iengfh AIrInIe'r AIrhose Alrpressure Avg. air sound Vb Net weight
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33431-065 1/2" 12.70 Std.onvil 3/4" M19 8000 650 881 6-7/8' 175 1/4'BSPT 3/8" 62 90 139 49 101.50 9.37 258 569 1/8
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| 33611/33612 | 33621/33622

= Nickel chrome molybdenum square drive
= Variable speed trigger
= Muffled on handle exhaust

NewTwin Hammer
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Square drive W Std. bolt size Free speed Max. toraue oyerglllength Al Inle'r Alr hose Arpressure  AvG-all  sound  Vib  Net weight

veraiiiendm consumption
inch  mm anvil inch - mm ftflo Nm —nch mm inch bar o psi Umin CFM DBA M/S2  kgs Ibs @/@

@ = g ﬁ\o — 0 Z - (@ FES §3
33611-055 3/4" 19.05 Std. anvil 7/8' M20 6500 700 949 7-13/32" 188 1/4'BSPT 3/8" 6.2 90 125 4.4 9656 8.64 3.00 6.61 1/8
33611-056 3/4' 19.05 Std.anvil 7/8" M20 6500 700 949 7-13/32" 188 1/4'NPT 3/8" 6.2 90 1256 4.4 9656 8.64 3.00 6.61 1/8
33612-055 3/4" 19.05 Longanvi 7/8" M20 6500 700 949 11-13/32" 290 1/4'BSPT 3/8" 62 90 1256 44 9686 6.17 3.40 750 1/8

33621-075 3/4" 19.05 Std. anvil 1" M24 6500 800 1085 8-63/64" 228 1/4'BSPT 3/8" 62 90 198 7.0 97.28 689 450 992 1/4
33621-076 3/4" 19.05 Std. anvil 1" M24 6500 800 1085 8-63/64" 228 1/4'NPT 3/8" 62 90 198 7.0 97.28 689 450 992 1/4
33622-075 3/4" 19.05 Longanvil 1" M24 6500 800 1085 12-63/64" 330 1/4'BSPT 3/8" 6.2 90 198 7.0 96.68 6.46 500 11.02 1/4
33622-076 3/4" 19.05 Longanvi 1" M24 6500 800 1085 12-63/64" 330 1/4'NPT 3/8" 62 90 198 7.0 96.68 646 500 11.02 1/4
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