
▪ Lightweight durable composite housing
▪ Nickel chrome molybenum square drive
▪ Comfortable rubber handle
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33671-160 3/4" 19.05 Std. anvil 1-3/16" M30 5500 1600 2170 12-1/2" 318 1/2"
BSPT / NPT 3/4" 6.2 90 241 8.5 105.00 15.40 5.70 12.57 1 / 2

33672-160 3/4" 19.05 Long anvil 1-3/16" M30 5500 1600 2170 18-19/64" 465 1/2"
BSPT / NPT 3/4" 6.2 90 241 8.5 106.00 13.80 6.40 14.11 1 / 2

33871-160 1" 25.40 Std. anvil 1-3/16" M30 5500 1600 2170 12-45/64" 323 1/2"
BSPT / NPT 3/4" 6.2 90 241 8.5 106.00 13.70 5.80 12.79 1 / 2

33872-160 1" 25.40 Long anvil 1-3/16" M30 5500 1600 2170 18-39/64" 473 1/2"
BSPT / NPT 3/4" 6.2 90 241 8.5 104.00 14.98 6.70 14.77 1 / 2
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