Screwdriver Set

| 32518MRo1 ] 32518MR02

= Two-way screwdriver set = Two-way screwdriver set

Blow case size (mm) : 233 x 120 x 43 (0.04cuft) Blow case size (mm) : 233 x 120 x 43 (0.04cuft)
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. « Shank material - chrome vanadium alloy steel
Nut Sp|nner - Grip material - PP + TPR

Finishing - chrome plated
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TN _rim_mm__mm__mm 5450-08 I?/Czlh T;n; 125 223 81 12/144
145004 40 45 125 225 127144 5450-10 5/16 82 125 223 109 12/ 144

1450-45 45 4.5 125 225 75 12 /144
1450-05 50 5.0 125 225 75 12/ 144
1450-65 55 5.0 125 225 82 12 /144
1450-06 60 6.0 125 225 81 12/ 144
145007 70 60 125 235 103 12/144
1450-08 80 7.0 125 235 108 12/144
1450-09 90 7.0 125 235 110 12/144
1450-10 10.0 8.0 125 235 114 12/144
1450-11 11.0 9.0 125 245 1656 12/144
1450-12 12.0 10.0 125 245 169 12/144
1450-13 13.0 10.0 125 245 172 10/120

Flexible Nut Spinner

J 1453 @)
= For the hose clamps on radiator hoses
mm mm mm -— f‘
1453-05 5 143 190 300 132 12/ 144
1453-06 6 141 190 300 132 12/144
7
1453-08 8

KT NO. O @-:&.—-——@ @/@
1453-07 145 190 300 137 12/144 — fm
132 190 300 133 12/144 ;

1453-10 10 127 190 300 135 12/144
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