
▪ High cutting performance by low cutting force

6AB13-06 6 150 26 2 38 114 12 / 72

KT NO. Overall length
        inch               mm

Cutting length
mm

Cutting capacity
       AWG              mm2

g

Blades made of AUS-8, serrated on the edge can prevent 
objects from slip away, soft cable, up to dia 38mm2, 
insulation materials, electrical tape cable tie

Ergonomic design, handles made of high 
compressive strength and non-slip nylon 
fiber + TPV
Special handle design, also suitable for the 
left-hander

Multi-purpose Scissors

▪ Stainless steel with serrated edges
▪ Grip material - PP + TPR

6AB12-55 145 55 10 10 10 10 0.5 0.5 0.5 94 12 / 72

KT NO.
Overall 
length

mm

                                           Cutting capacities (mm)
Electric    Cardboard    Rubber    Leather    Rolled    Copper    Aluminum
 cable                                                                steel         (soft)

g

▪ Curved mouth cable cutter
▪ Safety blade locking system

6AB21-65 6-1/2 158 22 10 156 12 / 72

KT NO. Overall length
       inch                 mm

Cutting length
mm

Cutting capacity
Ø mm

g

▪ Even mouth cable cutter
▪ Safety blade locking system

6AB31-75 7-1/2 185 52 16-12 1.5-4.0 2.0 0.5 0.5 160 12 / 72
6AB31-85 8-1/2 214 78 16-12 1.5-4.0 2.0 0.5 0.5 196 12 / 72

KT NO. Overall length
   inch        mm

Cutting capacity
mm AWG mm2 Cutting capacity

  Leather    Copper(soft)    Aluminum
g

• Cut cable , cardboard , rubber , leather , rolled steel , copper (soft) , aluminum , carpet , branch and so on.

6AB31-75 6AB31-85

• 38mm2 wire

Electrician Scissors
6AB13-06

6AB21-65

6AB12-55

6AB31
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