
▪ Stainless steel nut riveter nozzles
▪ Drop-forged aluminum body
▪ Heavy duty riveter for stainless or aluminum  rivet nuts

79731

Nut Riveter

79731 18 472
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Measuring Tape
• Auto-Lock measuring tape 
• Two retrieval buttons
• Nylon coating 3-rivet blade  

• Ergonomic & shockproof ABS+TPE case
• Specially red marked each 10cm scale
• EU Class II accuracy standard approval

▪ Capacity : 12 PC.
▪ For all measuring tape (79093 / 79094 

<02M,03M,05M>series)
▪ Paper display stand size(mm) :  

309 x 237 x 189 (0.489 CUFT)

Paper Display Stand 
87118

79093-02M 2M 16 110 16 / 64
79093-03M 3M 16 137 16 / 64
79093-05M 5M 19 210 14 / 56
79093-05M1 5M 25 260 12 / 48
79093-08M 8M 25 420 12 / 48
79093-03C 3M/10FT 16 137 16 / 64
79093-05C 5M/16FT 19 210 14 / 56
79093-08C 8M/26FT 25 420 12 / 48
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▪ Magnetic hook

79094

79094-02M 2M 16 110 16 / 64
79094-03M 3M 16 137 16 / 64
79094-05M 5M 19 210 14 / 56
79094-08M 8M 25 420 12 / 48
79094-03C 3M/10FT 16 137 16 / 64
79094-05C 5M/16FT 19 210 15 / 60
79094-05C1 5M/16FT 25 260 12 / 48
79094-08C 8M/26FT 25 420 12 / 48
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79095-05M 5M 19 180 12 / 120
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79095-05M-S
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79094-05M 79095-05M

Mini

12
 PC.

▪ Magnetic hook

79095-05M x 12 PC. 1.90 1 / 10
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