Product data sheet

618 080 3

PEW 8

The handy service crimper

General
[tem number
EAN

Weight
Dimension

Dimension packaging

Specifications
Finish

Grips

Range of applications
Capacity

Classification
eCl@ss 10.1
ETIM7.0
proficl@ss 7.0

/A RENNSTEIG

Small and handy, fully featured tools with a 20° angled crimping head
Compact design and low weight

Precise, factory-set (calibrated) crimping pressure, can be re-adjusted
Forced-lock completion of crimping process to ensure reliable
crimping results (with emergency release)

Locators available for special applications

e Especially suited to small crimp cross-sections

618 080 3
4049002006708
420 g

195 mm

250 x 108 x 43 mm

black-oxide finish

2-component grips

Insulated and non-insulated end sleeves

0.25-0.75mm?/1.0 - 1.5 mm?/2.5 mm?/4.0 mm? /6.0 mm?

ACD215012
EC000168
AAA946c003

With reservations regarding technical modifications and errors. lllustration may vary.
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