
▪ Flexible and reversible ratchet
▪ 15° gear action degree (24 teeth)
▪ Two teeth pawl action
▪ DIN 3122

2760DK01

2760-04 4 100 95 8 / 128
2760DK01 renewal kits -  -

▪ Mini reversible ratchet
▪ 5° gear action degree (72 teeth)
▪ Two teeth pawl action 
▪ DIN 3122

g

2765-04G

276A-04G

2765DK

276ADK

2765-04G 18.5 26 111 20 101 6 / 108
276A-04G 23 26 111 20 101 6 / 108
2765DK renewal kits
276ADK renewal kits
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g

▪ Mini bit holder ratchet
▪ 5° gear action degree (72 teeth)
▪ Two teeth pawl action 

2765-04G (top, side, back) 276A-04G (top, side, back)
magnet magnet
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KT NO.   Overall length
  inch          mm

2781DK

▪ Quick release flexible and reversible ratchet
▪ 15° gear action degree (24 teeth)
▪ Two teeth pawl action
▪ DIN 3122

2781-06P 6 150 156 6 / 108
2781DK renewal kits -  -

gKT NO.   Overall length
  inch          mm

Ratchet KT No. & D1

2781
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2765 276A

2789

1/4"

1/4"

1/4"

1/4"

QUICK
RELEASE

MINI
RATCHET

MINI
RATCHET

FINE 
GEAR

2789DK

2789-06F 6 150 140 6 / 108
2789DK renewal kits -  -

gKT NO.   Overall length
  inch          mm
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