Standard Socket

§3330M 13330 (378" [3335M 133355 (O3/8"
= Metric-DIN 3124, 1ISO 2725-1 = Metric-DIN 3124, 1ISO 2725-1

= Inch-ANSI / ASME B107.1 Inch-ANSI / ASME B107.1
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KT NO. rgr)n n'l?r1n rP]rzn mem mm M @ KTNO. rgn n?rlm n'?rzn mm mLm 4@; @/@
333006M 6 99 178 70 27 12 / 360 333506M 6 99 17.8 70 27 25 12/360
33300’M 7 108 17.8 7.0 27 24 12/ 360 333507/M 7 108 17.8 70 27 24 12/360
333008M 8 120 17.8 70 27 25 12/360 333508M 8 120 17.8 70 27 26 12/360
333009M 9 132 17.8 70 27 25 12/360 333509M 9 132 17.8 70 27 25 12/360
333010M 10 145 17.8 90 27 26 12/360 333510M 10 145 17.8 90 27 28 12/360
333011M 11 158 17.8 90 27 27 12/360 333511M 11 158 17.8 90 27 27 12/360
333012M 12 168 17.8 90 27 26 12/360 333512M 12 168 17.8 90 27 28 12/360
333013M 13 178 168 90 27 25 12/360 333513M 13 178 168 90 27 26 12/360
333014M 14 197 18.0 110 29 33 10/300 333514M 14 197 180 110 29 35 10/300
333015M 15 20.8 180 110 29 35 10/300 333515M 15 20.8 180 110 29 39 10/300
333016M 16 21.8 200 110 29 45 10/300 333516M 16 21.8 200 110 29 43 10/300
333017M 17 238 20.0 110 29 48 10/200 333517M 17 238 200 110 29 50 10/200
333018M 18 247 210 130 29 50 10/200 333518M 18 247 21.0 130 29 51 10/200
333019M 19 258 21.0 130 29 51 10/200 333519M 19 258 21.0 130 29 53 10/200
333020M 20 27.1 250 130 32 83 10/160 333520M 20 27.1 250 13.0 32 87 10/160
333021M 21 27.8 250 130 32 80 10/160 333521M 21 278 250 13.0 32 82 10/160
333022M 22 297 260 150 32 85 10/160 333522M 22 297 260 150 32 89 10/160
333023M 23 297 260 150 32 80 10/160 333523M 23 297 260 150 32 84 10/160
333024M % 31.8 260 170 32 89 8/160 333524M 24 318 260 170 32 94 8/160
KTNO.  jhoh n?rlw n?r%m mem ml}n 5% “/® KT NO. i,% nl?r]n ,Erzn mﬂm mLm 4&% 2/
333008 1/4 100 178 7.0 27 24 12/360 3335085 1/4 100 178 7.0 27 24 12/360
3330108 5/16 120 178 70 27 24 12/360 3335108 5/16 120 17.8 70 27 25 12/360
333011S 11/32 182 178 70 27 25 12/360 333511S 11/32 132 17.8 70 27 24 12/360
3330128 3/8 140 178 90 27 26 12/360 3335125 3/8 140 178 90 27 25 12/360
3330148 7/16 158 17.8 90 27 26 12/360 333514S 7/16 158 17.8 90 27 25 12/360
3330158 15/32 168 17.8 90 27 27 12/360 3335155 15/32 16.8 17.8 9.0 27 27 12/360
333016S 1/2 178 168 90 27 26 12/360 3335165 1/2 178 168 90 27 26 12/360
3330185 ©9/16 197 180 11.0 29 33 10/300 3335185 9/16 19.7 180 11.0 29 32 10/300
3330195 19/32 20.8 18.0 11.0 29 35 10/300 3335195 19/32 20.8 18.0 11.0 29 35 10/300
333020s 5/8 21.8 200 11.0 29 42 10/300 333520S 5/8 21.8 200 110 29 43 10/300
333022S 11/16 238 20.0 11.0 29 46 10/200 3335225 11/16 23.8 20.0 11.0 29 48 10/200
333024S 3/4 258 21.0 130 29 50 10/200 3335245 3/4 257 21.0 130 29 51 10/200
3330268 13/16 27.8 250 130 32 80 10/160 3335265 13/16 27.8 250 130 32 83 10/160
3330285 7/8 29.7 260 150 32 83 10/160 3335285 7/8 29.6 260 150 32 89 10/160
3330305 15/16 318 260 170 34 83 8/160 3335305 15/16 318 260 170 34 86 8/160
3330328 1 338 260 170 34 96 8/160 3335328 1 338 260 170 34 101 8/160

Thin Wall Deep Socket
3215M O3/8"

= Specifically for heat plug, glow plug @ i
™,

DI D2 —
321510M 10 130 17.8 120 65 49 20/240 * .

321512M 12 150 17.8 150 65 49 20/240 Thin walled design (D1)
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