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Square  type | SZe/KINO.  Ruoberl  Magnet  Rubberll Metalclip  Spring
14 36B014 367014
14 36B514 367514
6PT 5/8" 16 363516 366516 367516
18 367518
3/8° 13/16" 20.8 363521 366521 367521
14 36C014 36A014
14 36D014
12PT 5/8" 16 363016 366016 367016
18 36B018 367018 36A018
13/16" 20.8 363021 366021 367021
14 463514RC  467514C
6PT 5/8" 16 463516R 466516 467516
12" 13/16" 20.8 463521R 466521 467521
14 463014RC ~ 467014C
12PT 5/8" 16 463016R 466016 467016
13/16" 20.8 463021R 466021 467021
Metal Clip Universal Joint Spark Plug Socket
3650 Q38"
= Inside sleeve - Metal clip for a firm hold and assembly of the spark plugs IS g
= Universal joint- for working in restricted access and obstructive areas /E Z .&‘, _——
= 12-point socket enables application on 14mm spark plugs of 6-point - 365014A/365016A
and 12-point

= Application: For 14 mm spark plugs e.g. BMW and MERCEDES-BENZ
= DIN 3120
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KTNO. inchomm mm mm ég% @/@

365014B/365016B

365014A - 140 185 94 110 6/120 ] L
365014B - 140 185 155 169 6/120 DI ] i
365016A 5/8 160 210 101 130 6/ 180 %
365016B 5/8 160 210 162 185 6/120 -
I 36A0 O 1368B5 O
§36B0 O [36C0
= Inside sleeve - rubber and spring
- DIN 3120

= 36C014 & 36D014 are suitable for BMW, Mini,
RENAULT Clio / Twingo / Kangoo type, PEUGEOT
206 1.4 16V, CITROEN C5 HPI

S.e DL
36A014 12poinfs 140 185 63 65 12/192
36A018 12poinfs 180 238 63 98 8/128 -

36B514 6points 140 185 63 63 12/192 [ ) e
36B014 12points 140 185 63 59 12/192 | J
36B018 12points 180 247 65 104 8/128
36C014 12points 140 185 90 90 12/144 .o —e
36D014
36D014 12points 140 185 250 297 6/54 )
T Rubber
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