
Open-side Speed Wrench & Set

▪ Open-side speed wrench 
▪ Torque rating exceeds ANSI specifications by 30% plus
▪ The special ratcheting open end design will not slip off 

the screw  when torque is applied
▪ Chrome vanadium alloy steel
▪ Chrome plated

Combinati on wrench 17mm

372108M 8 17.8 13.3 5.0 6.0 136 38 12 / 384
372111M 11 25.4 17.5 6.6 7.4 168 68 12 / 288
372112M 12 26.3 19.2 7.5 7.9 174 83 12 / 288
372113M 13 28.2 20.3 7.9 8.6 180 100 10 / 240
372114M 14 31.5 21.3 8.5 9.2 193 123 10 / 120
372115M 15 32.8 23.6 8.5 9.7 200 143 10 / 120
372116M 16 34.9 23.6 9.0 10.8 207 171 10 / 120
372117M 17 37.4 28.1 9.5 10.9 227 191 10 / 100
372118M 18 39.0 28.0 9.8 11.2 239 220 10 / 100
372119M 19 41.2 29.3 9.8 12.2 250 250 6 / 60
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372110S 5/16 17.8 13.3 5.0 6.0 136 38 12 / 384
372112S 3/8 22.2 16.6 6.0 7.2 161 59 12 / 288
372114S 7/16 25.4 17.5 6.6 7.4 168 68 12 / 288
372116S 1/2 28.2 20.3 7.9 8.6 180 97 10 / 240
372118S 9/16 31.5 21.3 8.5 9.2 193 120 10 / 120
372120S 5/8 34.9 25.6 9.0 10.8 207 163 10 / 120
372122S 11/16 37.4 28.1 9.5 10.9 227 184 10 / 100
372124S 3/4 41.2 29.3 9.8 12.2 250 246 6 / 60
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14108SRN 8 3721S 5/16, 3/8, 7/16, 1/2, 9/16, 5/8, 11/16, 3/4 1.11 1 / 16

KT NO. PC. Contents
Kg

► Tetoron pouch bag
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Speed Wrench Adapter

Holder

Speed Wrench

373202H 10 mm 1/4" Bit

373202R 10 mm 1/4" drive

373203R 13 mm 3/8" drive

373225H 13 mm 5/16" Bit

373204R 19 mm 1/2" drive

KT NO. Apply to speed wrench Function

3732H / 3732R

KT No. & D1

W
RE

N
C

H
ES

323




