
3730M 8, 9, 10, 11, 12, 13, 14, 15, 16, 17, 18, 19

Contents 2.17 1 / 6Kg
3730M 8, 10, 12, 13, 14, 16, 17, 18, 19

Contents 1.66 1 / 8Kg

373202H 373202R 373203R 373204R

13
 PC.

12
 PC.

Blow case size (mm) :
275 x 310 x 65 (1.68 Cuft)

Blow case size (mm) :
303 x 228 x 50 (1.35 Cuft)

▪ Open end and ratchet ring - wrench
▪ 5° gear action (72 teeth)
▪ Chrome vanadium alloy steel
▪ Chrome plated

Speed Wrench

373108M 8 16.7 17.0 4.0 6.5 140.0 30 12 / 384
373109M 9 18.7 18.6 4.4 6.9 149.0 39 12 / 384
373110M 10 20.8 20.2 4.8 7.3 158.0 49 12 / 240
373111M 11 23.0 22.0 5.2 7.7 165.0 60 12 / 240
373112M 12 24.6 23.4 5.5 8.2 171.0 74 12 / 240
373113M 13 26.8 25.5 5.8 8.6 178.0 83 10 / 160
373114M 14 29.0 26.9 6.2 9.0 190.0 98 10 / 160
373115M 15 31.0 28.3 6.5 9.4 199.0 123 10 / 160
373116M 16 33.0 29.8 6.8 9.9 208.0 134 10 / 160
373117M 17 35.5 31.8 7.2 10.3 225.0 164 6 / 60
373118M 18 37.5 32.7 7.7 10.7 236.0 193 6 / 60
373119M 19 39.4 34.0 8.2 11.2 247.0 215 6 / 60
373121M 21 45.8 40.1 9.0 13.0 287.8 322 6 / 54
373122M 22 45.8 40.1 9.0 13.0 287.8 315 6 / 54
373124M 24 51.8 46.5 10.0 14.5 321.0 476 6 / 54
373127M 27 56.4 52.4 10.5 15.5 356.6 637 6 / 36
373130M 30 62.7 58.1 11.4 17.0 400.7 856 4 / 24
373132M 32 66.4 61.9 12.5 17.5 423.5 1011 4 / 24

KT NO. Size
mm

D1
mm

D2
mm

H1
mm

H2
mm

L
mm

g

373210S 5/16 16.7 16.6 4.6 6.5 140 32 12 / 384
373212S 3/8 20.8 20.0 5.3 7.3 159 48 12 / 240
373214S 7/16 23.8 21.8 5.6 7.7 165 60 12 / 240
373216S 1/2 27.1 24.7 6.4 8.6 178 86 10 / 160
373218S 9/16 29.2     27.0 6.8 9.0 191 102 10 / 160
373220S 5/8 33.4 30.0 7.2 9.9 208 146 10 / 60
373222S 11/16 35.5 31.8 7.7 10.3 226 169 6 / 60
373224S 3/4 39.7 33.8 8.8 11.2 248 216 6 / 60
373228S 7/8 46.0 40.0 9.0 13.0 290 364 6 / 54
373230S 15/16 52.5 46.0 10.0 14.5 323 496 6 / 54

KT NO. Size
inch

D1
mm

D2
mm

H1
mm

H2
mm

L
mm

g

▪ Open end and ratchet ring - wrench
▪ 5° gear action (72 teeth)
▪ Chrome vanadium alloy steel
▪ Chrome plated
▪ Take-up : 13°

▪ Reversible

373207M 7 16.7 16.6 4.6 6.5 140 34 12 / 384
373208M 8 16.7 16.6 4.6 6.5 140 34 12 / 384
373209M 9 18.8 18.4 4.9 6.9 150 37 12 / 384
373210M 10 20.8 20.0 5.3 7.3 159 50 12 / 240
373211M 11 23.0 21.8 5.6 7.7 165 61 12 / 240
373212M 12 25.0 22.7 6.0 8.2 172 73 12 / 240
373213M 13 27.1 24.7 6.4 8.6 178 85 10 / 160
373214M 14 29.2 27.0 6.8 9.0 191 105 10 / 160
373215M 15 31.3 28.3 7.0 9.4 200 118 10 / 160
373216M 16 33.4 30.0 7.2 9.9 208 144 10 / 60
373217M 17 35.5 31.8 7.7 10.3 226 171 6 / 60
373218M 18 37.6 32.6 8.2 10.7 237 205 6 / 60
373219M 19 39.7 33.8 8.8 11.2 248 212 6 / 60
373221M 21 46.0 40.0 9.0 13.0 290 347 6 / 54
373222M 22 46.0 40.0 9.0 13.0 290 320 6 / 54
373224M 24 52.2 46.0 10.0 14.5 323 465 6 / 54

KT NO. Size
mm

D1
mm

D2
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L
mm

g

Flexible Speed Wrench & Set
13013MR13012MR
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