Speed Wrench Set

» Tetoron pouch bag

KTNO.  PC. Contents 5 </®
12107MRN 7 10,11,12,14,15,17,19 0.91 1/24
12107MRNO1 7 8,10,11,12,13,17,19 0.84 1/24
12114MRN 14 373IM  g910,11,12,13, 14,15, 16, 17, 18, 19, 22, 24 250 1712
12112MRN 12 8,9,10,11,12,13,14,15,17,19,22,24 1.95 1/8
12207MRNO1 7 8,10,11,12,13,17,19 0.91 1/24
12207MRNO2 7 o0 8.10.12,13,14,17,19 097  1/16 \)
12214MRN 14 8,9,10,11,12,13,14,15, 16,17, 18, 19,22, 24 2.50 1/12
12212MRN 12 8,9,10,11,12,13,14,15,17,19,22,24 2.06 1/8 m
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12207SRN 7 0 3/8,7/16,1/2,9/16,5/8,11/16, 3/4 0.91 1/24 (U]
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Blow case size (mm) :
303 x 228 x 50 (1.35 Cuft)
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KT No. & D1

| 373AM

= Ringstop function

= Open end and ratchet ring - wrench
» 5° gear action (72 teeth)

= Reversible

5 Ringstop
» Take -up:13° \ \

= Chrome vanadium alloy steel
= Chrome plated

KT NO. o m mm wm mm om &b F®

373A08M 8 16.7 16.6 4.6 6.5 140 20 12/ 384

373A10M 10 20.8 20.0 5.3 7.3 159 40 12 /240

373A1IM 11 23.0 21.8 5.6 7.7 165 60 12 /240
373A12M 12 25.0 22.7 6.0 8.2 172 75 12 /240 >
373A13M 13 27.1 24.7 6.4 8.6 178 95 10/ 160 E
373A14M 14 29.2 27.0 6.8 9.0 191 110 10/ 160 I
373A17/M 17 35.5 31.8 7.7 10.3 226 175 6/ 60 =
373AT9M 19 39.7 33.8 8.8 11.2 248 220 6/60 :
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