Standard Impact
Socket

J 4530m

= DIN 3129, ISO 2725-2

Impact Bit Socket Set

| 3406MmP 3/8"

= For hexagon head screw

= 55mmL
Metal case size (mm) :

203 x 79 x 41 (0.023 cuft)
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Contents 4@% 0.72 @/@1 /20 KTNO. ncwr)n mm mm mm mm égl @ £
453008M 8 150 25 7 38 10/ 200 v
@ @) 3055V H4, H5, H6, H8, H10, H12 A53000M O 163 25 7 38 68 107200 Et)
453010M 10 176 25 8 38 68 10/200 3
453011TM 11 188 25 8 38 69 10/200 %
I 3410MP 3/8" 453012M 12 200 25 9 38 73 10/200 E
« For hexagon head screw 453013M 13 212 25 10 38 71 10/200 S
. 55mmL 453014M 14 225 25 10 38 78 10/200 Q
Metal 76 (mm) - 453015M 15 238 30 11 38 111 10/160 o
27'30?( ;g-‘f:éz(% {)';rznchﬁ) 453016M 16 250 30 11 38 118 10/160 @]
‘ 453017M 17 262 30 12 38 116 10/160 =
=

453018M 18 275 30 13 38 115 10/160
453019M 19 288 30 13 38 114 10/160
453020M 20 295 30 13 38 117 10/160
453021TM 21 300 30 14 40 121 8/160
453022M 22 324 30 14 40 129 8/160
453023M 23 332 30 15 40 130 8/ 160
453024M 24 344 30 165 42 147 6/120
453026M 25 360 30 15 42 164 6/120
453026M 26 37.0 30 15 42 168 6/120
453027M 27 380 30 16 44 170 6/120

K
Contents K94 105 <2/ 20 453028M 28 410 30 16 44 205 6/120
H4, H5, H6, H7, H8, H10, H12 453029M 29 410 30 17 44 184 6/120
@ g 3055V ) 1y 453030M 30 420 305 17 44 197 6/120
453032M 32 460 30 19 44 226 6/120
n 453033M 33 46.0 30 19 46 246 6/96
I 341 9PP 3/8 453034M 34 460 30 20 46 217 696
= For torx internal head 453036M 36 470 30 20 46 214 6/96

= 55mmL

Metal case size (mm) :
203 x 79 x 41 (0.023 cuft)

453038M 38 50.0 30 21 50 279 6/60
453041TM 41 560 30 22 52 402 6/60
| 45305 O1/2e

= ANSI/ ASME B107.2
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Contents Eh 062 €21/ 20 o |
T10,T15, 720, 125, 727, 130, T40,
® =@ 055

¢
KT NO. irgh n'?r]n n?r%'\ mm mm @ @
453016S 1/2 20 25 10 38 10 / 200
4530185 9/16 22 25 10 38 76 10/ 200
4530208 5/8 24 25 11 38 78 10/ 200
453022S 11/16 26 30 12 38 116 10/ 160
453024S 3/4 28.8 30 13 38 120 10/ 160
453026S 13/16 30 30 14 40 122 8/ 160
4530285 7/8 32 30 14 40 138 8/ 160
453030S 15/16 34 30 15 42 148 6/120
4530325 1 36 30 15 42 162 6/ 120
453034S 1-1/16 38 30 16 44 167 67120
453036S 1-1/8 41 30 17 44 189 6/120
453038S 1-3/16 42 305 17 44 203 6/120
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