
▪	Design spec. similar to DIN 3122, ISO 3315
▪	Made from special-purpose drop-forged and hardened 

aluminium
▪	Finishing  

- anodic treatment 
- black driver by phosphate sunk

▪	The mechanism as in all 4771/9 ratchets is made from 
high-quality steel
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KT No. & D1Ratchet

4774-10F

4774-10G

	▪ Universal joint reversible ratchet
	▪ 11° gear action degree (32 teeth)
	▪ Two teeth pawl action  
	▪ DIN 3122
	▪ 15° rotation

4774-10F 10 250 619 2 / 40
4774-10G 10 262 553 1 / 20
4774DK renewal kits - - 4774DK

KT NO. Overall length
inch           mm

g

15˚

4774 1/2"

	▪ Reversible ratchet
	▪ 11° gear action degree (32 teeth)
	▪ Two teeth pawl action  
	▪ DIN 3122

4779-10BR 10 250 559 2 / 40
4779-10FR 10 250 626 2 / 40
4779-10GR 10 262 551 1 / 20
4779DK01 renewal kits - - 4779DK01

4779-10BR

4779-10FR

4779-10GR

KT NO. Overall length
inch          mm

g

4779 1/2"

▪	Quick release flexible and reversible ratchet
▪	11° gear action degree (32 teeth)
▪	Two teeth pawl action   
▪	DIN 3122

4781DK

4781-12F 12 300 783 1 / 20
4781-12P 12 300 753 1 / 20
4781DK renewal kits - -

KT NO. Overall length
inch          mm

g

4772-10G 10 262 332 1 / 25
4772-10F 10 250 350 1 / 25
4772DK01 renewal kits - -
4772-10GS 10 262 323 1 / 25
4772-10FS 10 250 345 1 / 25
4772DK renewal kits - -

KT NO. Overall length
inch          mm

g

4781 1/2"QUICK
RELEASE

4781-12F

4781-12P
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