Open End Wrench & Set

1900 I 5900

= European slimline type

* 15 open end angle @ 7777777777777777 @”50 P . e
= Chrome vanadium alloy steel ﬁ ' N o S ) S N _

= Chrome plated —
« Metric - DIN 3110 ! L |
- Inch - ANSI / ASME B107.6
o mo b S® e m L @ S
19005507 55x7 123 20 12/ 576 19002430 24 x 30 263 306 6/72
19000607  6x7 123 23 12/ 576 19002528 25 x 28 279 348 6/48
19000708 7 x 8 140 33 12/ 576 19002632 26 x 32 285 438 6/48
19000809  8x9 140 32 12/ 576 19002729 27 x 29 279 348 6/48
19000810  8x 10 140 33 12/ 576 19002730 27 x 30 285 431 6/48
19000911  9x 11 156 56 12/ 288 19002732 27 x 32 285 434 6/48
19001011 10X 11 156 46 12/ 288 19003032 30 x 32 208 439 6/48
19001012 10x 12 156 45 12/ 288 19003036 30 x 36 351 715 6736
(/ 19001113  11x13 172 65 12/ 288 19003236 32 x 36 351 723 5/ 30
19001213 12x 13 172 80 12 /288 19003436 34 x 36 351 717 5/ 30
19001214 12x 14 172 64 12/ 288 19003641 36 x 41 380 998 4724
" 19001314 13x 14 172 81 12/ 288 19004146 41 x 46 430 1337 4716
LU 19001317 13x 17 195 104 12/192 .
U 19001415 14x15 1885 89 12 /192 KT NO. s - b F®
& 1900141714 x17 IS Iy 59000810 1/4x5/16 123 23  12/576
g 19001617  16x 17 204 122 12/192 20001012 516 35 o 3 12757
19001618 16X 18 221 158 127144 i
19001719 17 x 19 221 158 12/144
10001810 1510 o %0 19714 50001416  7/16x 1/2 172 69 12/288
19001921  19x 21 237 207 12/ 144 olllole e 172 Uy ke oo
10001992 1045 o 05 12144 50001820 9/16x5/8 1885 88  12/192
1000200 2099 poc 00 12) 144 59002022 5/8x11/16 204 120 127192
10009198 13 " o 57 59002224 11/16x3/4 221 163 12/ 144
50002628  13/16x7/8 237 202 12/144
19002224 22x 24 247 235 6/72 50003032  15/16x 1 247 311 6/72
19002326 23 x 26 263 305 6/72
10008 24 ot s posd s 59003034 15/16x1-1/16 263 304  6/72
50003236  1x1-1/8 279 341  6/48
19002427 24 x 27 263 301 6772

59003640 1-1/8x 1-1/4 298 431 6 /48

» MRN / SRN : Tetoron pouch bag » MR/ SR : Nylon pouch bag

KTNO.  PC. Contents Package &% E/®
1106MR 6 8x9,10x12,12x 14, 14x 17,17 x 19,21 x 23 Nylon 083  1/24
1106MROT 6 8x9,10x11,12x 13, 14x 15, 16 x 17, 18 X 19 Nylon 081  1/24
1108MR B oo 517,8X9.10x1112x13, 14x15. 1617, 18x19. Nyon 091 1724

1900
1110MR 0 6X7.8x9,10x 11,12 13,14X 15,1617, 1819, \ylon 67 1716
1T12MR 12 6x7.8%x9,10x11,12x13,14x 15,16 x 17, 18 X 19, Nylon 2.37 /0
1T12MRN 12 20x 22, 21'x 23, 24'x 27,25 x 28, 30 X 32 retoron 2.5
1/4x5/16,5/16 X 3/8, 3/8 x 7/16,7/16 x 1/2,9/16 x 5/8,
11083R & 5/8x 11716, 11/16 x 3/4, 13/16 X 7/8 Nylon 091 1/24
IS T 4%5/16,5/16 x 3/8, 3/8 x 7/16, 7/16 X 1/2, 9/16 X 5/8,
11108R 10 5/8x11/16, 11716 x 3/4, 13/16 x 7/8, 15/16 x 1-1/16, Nylon 167 1716

5900 1y 11/8

1/4x5/16,5/16x3/8,3/8x7/16,7/16x1/2,9/16x5/8,
11128R 12 5/8x11/16,11/16x3/4,13/16x7/8,15/16x 1, Nylon 25 1/10
15/16 x 1-1/16, 1x 1-1/8, 1-1/8 x 1-1/4
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