Standard Impact Socket I
65355

= ANSI / ASME B107.2

D1 D2 L L

KT NO. ir$<::)h mm mm mm mm &% @/@
6535225 11/16 29 38 10 580 226 8/96
653524S  3/4 32 38 10 580 240 8/96 e

DI
D2

6535265 13/16 35 38 13 50 254 8/96 o

6535285 7/8 36 38 13 50 259 8/96 n
6535308 15/16 37 38 15 50 256 8/96 DI D2 ¢ L =
6535325 1 38 38 15 53 274 8/96 KTRO. "% mm mm mm mm % G/ %
6535345 1-1/16 42 40 18 53 328 6/48 6535565 1-3/4 64 44 25 62 710 2/24 ﬁ
6535368 1-1/8 447 40 18 53 360 6/48 6535588 1-13/16 &6 44 255 62 718 2/24 W]
6535385 1-3/16 46 40 20 53 368 6/48 6535605 1-7/8 68 44 27 65 806 2/24 <
6535408 1-1/4 48 44 20 57 459 6/36 6535628 1-15/16 70 44 27 65 951 1/20 o
6535428 1-5/16 50 44 20 57 485 6/36 6535645 2 72 54 28 68 1048 1/20 i
6535445 1-3/8 52 44 22 57 495 6/36 6535665 2-1/16 74 54 30 68 1078 1/20 W
6535465 1-7/16 54 44 22 57 526 6/36 6535685 2-1/8 76 54 30 68 1142 1/20 W]
6535485 1-1/2 56 44 22 57 545 432 6535708 2-3/16 77 54 305 70 1141 1/20 Q
653550S 1-9/16 58 44 22 58 596 4/32 6535728 2-1/4 79 54 325 70 1178 1/20 5
6535525 1-5/8 59 44 24 58 588 4/32 6535745 2-5/16 81 54 325 70 1266 1/20 <
6535548 1-11/16 635 44 25 58 681 2/24 6535768 2-3/8 84 54 335 70 1346 1/20 s
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KT NO. n<1:r)n n?r]n rr?r2n mem mLm ég% @/@ KT NO. ir‘<|<::)h rrl?r]n n?r?n mem ml?n & @/@
643519M 19 32 44 16 90 546 1/24 643524 3/4 32 38 16 90 432 1/24
643521M 21 35 44 18 90 567 1/24 6435265 13/16 35 38 18 90 473 1/24
G % Ml K o o % w T m s 1/
GASEIMM o438 a4 93 o0 5e8 1724 6435305 15/16 37 38 23 90 495 1/24
643525M 25 40 A4 25 90 630 1/24 6435325 1 38 38 25 90 478 1/24
643526M 26 40 44 25 90 600 1/24 6435348 1-1/16 42 44 27 90 624 1/24
643527M 27 42 A4 27 90 625 1/24 6435365 1-1/8 447 44 27 90 665 1/24
643528M 28 44 44 27 90 666 1/24 6435385 1-3/16 46 44 27 90 692 1/24
643529M 29 45 44 27 90 666 1/24 6435405 1-1/4 48 44 30 90 725 1/24
643530M 30 46 44 27 90 693 1/24 6435428 1-5/16 50 44 30 90 782 1/24
643532M 32 48 44 30 90 727 1/24 6435445 1-3/8 52 44 32 90 807 1/24
643533M 33 50 44 30 90 792 1/24 6435465 1-7/16 54 44 32 90 845 1/24
643534M 34 51 44 32 90 795 1/24 6435485 112 56 44 34 90 874 124

643535M 35 52 44 32 90 811 1/24
643536M 36 B3 44 32 90 818 1/24
643538M 38 56 44 34 90 882 1/24

64358508 1-9/16 68 44 34 Q0 923 1/24
6435525 1-5/8 59 44 34 90 924 1/24

643540M 40 58 44 34 90 926 1/24 6435545 1-11/16 635 44 38 95 1181 1/10
643541M 41 59 44 34 90 936 1/24 6435565 1-3/4 64 44 38 95 1139 1/10
643542M 42 61 44 36 95 1047 1/24 6435585 1-13/16 66 44 38 95 1212 1/10
643543M 43 62 44 38 95 1092 1/10 6435608 1-7/8 68 54 40 95 1354 1/10
643544M 44 64 44 38 95 1189 1/10 6435628 1-15/16 70 54 40 95 1256 1/10
643546M 46 66 44 38 95 1239 1/10 6435645 2 72 54 40 95 1476 1/10

643548M 48 68 44 40 95 1218 1/10
643550M 50 71 44 40 95 1317 1/10
643656M 55 77 54 45 100 1799 1/10
643560M 60 845 54 50 100 2042 1/6
643566M 65 865 54 54 100 1904 1/6
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