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CIRCUIT: SPDT

NOTE:

  1. ALL DIMENSIONS IN MM [INCH]

  2. GENERAL TOLERANCE: X.X = ±0.4

                                      X.XX = ±0.25 

  3. TERMINAL NUMBERS FOR REF ONLY

  4. PLATING MATERIAL: SILVER

  5. RATING: 5A @120VAC or 28VDC

                   2A @ 250VAC

  6. ELECTRIC LIFE: 30,000 MAKE-AND-BREAK CYCLES 

                             AT FULL LOAD.

  7. INSULATION RESISTANCE: 1,000 MEGA-OHM MIN.

  8. DIELECTRIC STRENGTH: 1,000 V RMS @SEA LEVEL.

  9. OPERATING TEMP.: -30°C to 85°C

 10.     DENOTES CRITICAL PARAMETER.

1
2 3

3

5.08

[.200 in]

1.09

[.043 in]

5.08

[.200 in]

4.95

[.195 in]

3.30

[.130 in]

5.08

[.200 in]

2.54

[.100 in]

.88

[.035 in]

.76

[.030 in]

5.08

[.20 in]

.51

[.020 in]

2.49

[.098 in]

3.10

[.122 in]

2.54

[.100 in]

5.08

[.200 in]

.51

[.020 in]

2.54

[.100 in]

3.05

[.120 in]

TRAVEL

3.00

[.118 in]

11.00

[.433 in]

C 24465 added 10.16 dim.

8/27/20

MW

8.13

[.32 in]

10.16

[.40 in]


