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SCHEMATIC

SPECIFICATIONS
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POSITION 1
(MAINTAINED)

POSITION 2
(MAINTAINED)

COLORS AND MARKINGS

FUNCTION:
2P1T OFF-ON

RATINGS:
ANSI/UL 1054 and CAN/CSA €22.2 No. 55 (E194579):
15A 125VAC [UR, cUR]
10A 250VAC [UR, cUR]
1/3HP 125/250VAC [UR, cUR]

ILLUMINATION VOLTAGE:
125v

CONTACT RESISTANCE:
Initial: 35mQ Mox. at S0VAC

INSULATION RESISTANCE:
100M< Min. at 500VDC

DIELECTRIC STRENGTH:
1,500VAC For 1 Minute

ELECTRICAL LIFE:
6,000 Cycles [UR, cUR]

TEMPERATURE:
Operating: —20°C to 105°C [UR, cUR]
APPROVALS:

|« ¢

RoHS

COMPLIANT

MATERIALS

BODY:
Black

ACTUATOR:
Transparent Red

MARKING:
None

MARKING COLOR:
None

BODY:
Polyamide 6/6 (PAB6), UL94 V-2

ACTUATOR:

Polycarbonate (PC), UL94 V-2
LAMP CARRIER:

Polyamide 6/6 (PABB), UL94 V-2
LAMP:

Neon Bulb

SPRING:
Steel

PLUNGER:
Steel

CONTACTS:
Silver Alloy Plated Copper

TERMINALS:
Silver Plated Copper
Silver Plated Brass
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