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NOTES:

  1. ALL DIMENSIONS IN MM

  2. GENERAL TOLERANCE: X.X = ±0.4

                                      X.XX = ±0.25 

  3. TERM. NOS. FOR REFERENCE ONLY.

  4. RATING: 12VDC, 50mA

  5. OPERATING FORCE: 100 ±50 gf

  6. TRAVEL: 0.25 +0.2/-0.1 mm

  7. CONTACT RESISTANCE: 50 MILLI OHMS MAX. (INITIAL)

  8. MECHANICAL/ELECTRICAL LIFE 100,000 CYCLES MIN.

  9. CONTACT MATERIAL: SILVER

10.     DENOTES CRITICAL PARAMETER

11. OPERATING TEMP: -40°C TO 85°C

CIRCUIT: SPST
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B 19502 CHANGED TOLERANCE
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REMOVE STEP IN HOUSING, CHANGE TEMP
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