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DIGITAL AUTOMOTIVE MULTIMETER
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Residential Industry
Digital multimeter
2000 counts
AC / DC voltage, AC / DC current, resistance
measurements
Measurement of automotive parameters
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Continuity warning and diode test
Automatic scale

Measurement of maximum value

Hold readings on screen

Auto power off. Low battery indication
Backlit display

CAT.IlIl 600V according to EN 61010
Size: 150mm x 74mm x 41mm
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Power Supply
Product Size
Product Weight
Certificate

Safety Rating

2x1.5V AAA Batteries
150mm x 74mm x 41mm
202g

CE/ETL/RoHS

CAT Il 600V

Display Counts

Auto ranging

Auto Power Off

Data Hold

Diode

Continuity Buzzer (<50 Q)
Maximum Measurement
Low Battery Display

Display Backlight

MGL

Incorporated with MGL
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EMEA CANADA & USA

MGL Euman, S.L. MGL America, Inc.
cs.emea@mgl-intl.com  ¢s.na@mglintl.com
Tel: +34 985-08-18-70 Tel: +1 833 533-5899

MEXICO & LATAM
MGL LATAM S.A DE CV
cs.latam@mgl-intl.com
Tel: +1 833-533-5899
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DIGITAL AUTOMOTIVE MULTIMETER

Specs Range Resolution Accuracy
\Y, AmV/ImV/10mV/0.1V £ (0.7% + 2 digi

DC Voltage 200mV/2V/20V/200V  0.1mV/1mV/10mV/0 (0.7% + 2 digits)

/600V

200mV/2V/20V/200V  0.1mV/1mV/10mV/0.1V % (0.8% + 3 digits)
AC Voltage

600V 0.1V + (1.0% + 3 digits)
DC Current 10A 0.01A + (2% + 10 digits)
AC Current 10A 0.01A 1 (3% + 10 digits)

2000 0.1Q + (1% + 3 digits)

2kQ/20kQ/200kQ/2 0.001kQ/0.01kQ/0.1kQ +(1.0% + 1 digits)
Resistance MQ /0.001M

20MQ 0.01MQ +(1.0% + 5 digits)
DWELL Test 4CYL/6CYL/8CYL 0.1¢ + (30%)
TACH Test ACYL/6CYL/8CYL 10 RPM + (3.0% + 3 digits)

Product Code Information

SKU KPSMT470CBINT
EAN code 8435394774695
UPC code 810053670033
Pcs/export carton 20

EMEA CANADA & USA MEXICO & LATAM
MGL Euman, S.L. MGL America, Inc. MGL LATAM S.A DE CV
cs.emea@mglintl.com  cs.na@mgkintl.com cs.latam@mgl-intl.com

Incorporated with MGL Tel: +34 985-08-18-70 Tel: +1 833 533-5899 Tel: +1 833-533-5899
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