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DIAGONAL CUTTING NIPPER

Chrome Vanadium steel. Satin finished. Anatomic TPR
handle. Anti-slip grip

p

BOLT CUTTER

ref. description ) ean
PGT513 |250 mm - 10" 1 | 089782
ref. description [wy) ean
PGT483 |160 mm - 6" 6 1089737 [ BOLT CUTTER

TOWER PINCER

Chrome Vanadium steel. Satin finished. Anatomic TPR
handle. Anti-slip grip

ref.

description ean

089744

PGT489 |220 mm - 9”

[e)]

ADJUSTABLE GROOVE JOINT PLIER

Chrome Vanadium steel. Satin finished. Anatomic TPR
handle. Anti-slip grip

ref.

ean
089751

description
250 mm - 10"

PGT495

[e)]

SWEDISH PIPE WRENCH

Chrome Vanadium steel. 45° angled jaws

ref. description [y ean
PGT501 |[1” 1 | 089768
PGT507 1"1/2 1 | 089775

10

ref.

description
450 mm - 18”

ean
089799

PGT519

COMBINATION CIRCLIP PLIER SET 4 PCS
FOR INSIDE OR OUTSIDE CIRCLIPS

a

ref. description ) ean
2 x straight 180° heads, 1 x 90°
PGT525 head, 1 x 45° head 6 | 089805

LEATHER PUNCH

Revolving head holds six punches 2-2,5-3-3,5-4 -
4,5 mm

ref.
PGT531

description

ean
089812

220 mm - 9”




