PROXXON - 3/8" (10mm) Sockets and connecting pieces

PROUXXCGN

PHOXXON] 3/8" (10mm) Ratchet sockets and connecting pieces, all
INDUSTRIAL handy and compact!

e — —.:g beg@s  3/8" - Extension with slide 200mm NO 23 558
- Adapter to 3/8" male square and 1/2" female
square
= ~ 3/8" - Extension 75mm NO 23 554
150mm NO 23 556
8 3/8" - Universal joint NO 23 560
nr
oy
] 3/8" - Adapter NO 23 564
?QJ 3/8" female to 1/4" male square (slide for 1/4"
extension)
% ﬂ 3/8" - Adapter NO 23 566

*!_,’ 3/8" female square drive to male 1/2" drive
& (slide for 1/2" extension)

Drill adapter NO 23 562
for 3/8"-sockets

[ (T wsa|  3/8" - Spark plug socket 16mm NO 23 550
! | With TPR (thermoplastic rubber) insert for 18mm NO 23 551
holding spark plugs. Length 64mm.

As above, length 70mm. 19mm NO 23 541
21mm NO 23 552
_— 3/8" - Spark plug socket 14mm NO 23 553

ISR X and double HX (BI-HX) spark plugs. Stim
design (@ 20mm). With TPR (thermoplastic
rubber) insert for holding spark plugs. Length
64mm.



PROXXON - 3/8" (10mm) Sockets and connecting pieces

3/8" - Sockets

p—1 Made of CrV steel.

g%

™4 3/8" - Deep sockets
For protruding bolts. Made of CrV steel. Total
length 46mm.

y

"

As above, total length 64mm.

3/8" - Allen socket bits, 50mm
Allen key made of chrome-silicon-manganese-
molybdenum steel. Socket CrV steel.

3/8" - External TX sockets
Made of CrV steel.
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PROXXON - 3/8" (10mm) Sockets and connecting pieces

3/8" - TX socket bits, 50mm
‘l Head made of chrome-silicon-manganese-
B & molybdenum steel. Socket CrV steel.
ém‘ ‘.\_

Bit made of chrome-silicon-manganese-

3/8" - Flat-blade screwdriver bits, 50mm
A 2 N molybdenum steel. Socket CrV steel.

3/8" - Phillips screwdriver bits, 50mm
Bit made of chrome-silicon-manganese-
molybdenum steel. Socket CrV steel.

3/8" - Spline socket bits, 50mm
l For XZN bolts. Bit made of chrome-silicon-

v

manganese-molybdenum steel. Socket CrV

P \ steel.

TX10
TX 15
TX 20
TX 25
X 27
TX 30
TX 40
TX 45
TX 50

FD 4mm
FD 5.5mm
FD 8mm

PH 1
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VZ 8
VZ 10

NO 23 583
NO 23 582
NO 23 584
NO 23 585
NO 23 586
NO 23 587
NO 23 588
NO 23 589
NO 23 590

NO 23 591
NO 23 592
NO 23 593

NO 23 594
NO 23 595
NO 23 596

NO 23 628
NO 23 629
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